Universal-, standard- and special connectors

1. Universal connectors

Order number

Order number

i
20 30 40 50 Extrusions with a base of 50 40 30 20
A20-90 (-I/-P)* 50 A20-90 (-I/-P)*
€20-90 (/-P)* ©20-90 (-I/-P)* 40 €20-90 (/-P)*  C20-90 (-l/-P)*
B20-90 B210-90 (-//-P)* B210-90 (-I/-P)* 30 B210-90 (-1/-P)* B210-90 (-//-P)* B20-90
D20-90 D20-90 D210-90 (/-P)* D210-90 (-I/-P)* 20 D210-90 (-1/-P)* D210-90 (-//-P)* D20-90 D20-90
DD20-90 DD20-90 DD210-90 DD210-90 20 core hole 6.0 mm DD210-90 DD210-90 DD20-90 DD20-90
A20-95 A02-8 A20-95
C20-95 C20-95 C02-8 / CO3-8 C20-95 C20-95
B20-95 B210-95 B210-95 B01-8 B210-95 B210-95 B20-95
*....-P = universal connectors with electrical bonding *....-P = universal connectors with electrical bonding
*....-I = universal connectors stainless stee 1.4305 *....-l = universal connectors stainless stee 1.4305

2. Standard connectors

Order number

\/
Extrusions with a base of

Order number

20 30 40 50 50 40 30 20
A20-10(-I/-P)* 50 A20-20(-1/-P)*
C20-10(-I/-P)* 40 C20-20(-I/-P)*
B20-10(-I/-P)* 30 B20-20(-I/-P)*
D20-10(-I/-P)* 20 D20-20(-I/-P)*
DD20-10 20 core hole 6.0 mm DD20-20
A20-50 A02-8 A20-51
C20-50 C02-8 / CO3-8 C20-51
B20-50 B01-8 B20-51
*....-P = standard connectors with electrical bonding *....-P = standard connectors with electrical bonding
*....-| = standard connectors stainless stee 1.4305 *....<| =standard connectors stainless stee 1.4305
3. Combination connectors
Order number y Order number
20 30 40 50 Extrusions with a base of 50 40 30 20
AB20-10 AB20-10 A20-10 50 A20-20 AB20-20 AB20-20
CB20-10 CB20-10 C20-10 40 C20-20 CB20-20 CB20-20
B20-10 B210-10 B210-10 30 B210-20 B210-20 B20-20
D20-10 D210-10 D210-10 20 D210-20 D210-20 D20-20
DD20-10 DD210-10 DD210-10 20 core hole 6.0 mm DD210-20 DD210-20 DD20-20
C20-50 C02-8 / C03-8 C20-51
B210-50 B210-50 B01-8 B210-51 B210-51
4. Special connectors S5
—o——a—
=
Order number * ‘ y Order number
20 30 40 50 Extrusions with a base of 50 40 30 20
AB20-10 AB20-10 A20-10 A20-10 50 A20-20 A20-20 AB20-20 AB20-20
CB20-15 CB20-15 C20-15 C20-15 40 C20-25 C20-25 CB20-25 CB20-25
B20-15 B20-15 B210-15 B210-15 30 B210-25 B210-25 B20-25 B20-25
A20-50 A20-50 A02-8 A20-51 A20-51
C02-8 / C03-8
B01-8
124 KANYA





